LIXIRFEH [OVERSEAS SERVICE NETWORK]

EUROPEAN FA Center
Germany Service Center

South Germany Service Center
France Service Center

France (Lyon) Service Satellite
U.K. Service Center

—— Poland Service Center

Italy Service Center

Spain Service Satellite

Turkey Service Center

Czech Republic Service Center
Russia Service Center

) 4
«©
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India e Office
India (Pune) Service Center
India (Bangalore) Service Center

AMERICA FA Center

Illinois Service Center

North Texas Service Satellite
South Texas Service Satellite
i) Service Center — Georgia Service Center

ing) Service Center California Service Center
China (Beijing) Service Dealer Ohlo Service Satellite
China (¢ yang) Service Service

a (Tianjin) Service Center New Jersey Service Center
China (Shenzhen) Service Center East Michigan Service Satellite
a (Cl Se.rvice Satellite West Michigan Service Satellite
a (Cl Service Center Canada Service Center

gbu) Service Dealer Mexico Service Center
Chma (Wuxn) Servu:e Dealer ice Satelli

Chlna (Jinan) Service Dealer

ﬁ a (Xiamen) Service Dealer
China (D Service Dealer

CHINA FA Center

ite

JAPAN FA Center

TAIWAN FA Center
Taiwan (Taichung) Service Center
Taiwan (Taipei) Service Centéi vy
Taiwan (Tainan) Service Center

Phlllpplnes Service Center

ASEAN FA Center

Service Center

Malaysia (KL) Service Center
Malaysia (Johor Baru) Service Center
Indonesia Service Center

Vietnam Service Center-1

Vietnam Service Center-2

Oceania Sfijvice Center

Brazil Service Center

Brazil (Caxias) Service S

THAILA&A Center

India (Delhi) Service Center

Thailand Service Center

AMERICA FA Center (MITSUBISHI ELECTRIC AUTOMATION INC.)
Illinois Service Center

500 CORPORATE WOODS PARKWAY, VERNON HILLS, ILLINOIS 60061, U.S.A.
TEL: +1-847-478-2500 / FAX: +1-847-478-2650

East Michigan Service Satellite
2545 38TH STREET ALLEGAN, MICHIGAN 49010, U.S.A. (office in a house)
TEL: +1-847-478-2617 / FAX: +1-616-686-8022

West Michigan Service Satellite
2545 38TH STREET ALLEGAN, MICHIGAN 49010, U.S.A. (office in a house)
TEL: +1-847-478-2617 / FAX: +1-616-686-8022

Ohio Service Satellite
7566 PARAGON ROAD CENTERVILLE, OHIO 45459, U.S.A.
TEL: +1-937-291-4600 / FAX: +1-937-291-2097

Minnesota Service Satellite
TEL: +1-847-478-2500 / FAX: +1-847-478-0328

New Jersey Service Center
VANTAGE COURT SOUTH 200 COTTONTAIL LANE, SOMERSET,
NEW JERSEY 08873, U.S.

L 75550045001 FAX: +1-732-660-4531

West Pennsylvania Service Satellite

Georgia Service Center
2810 PREMIERE PARKWAY, SUITE 400 DULUTH GEORGIA 30097, U.S.A.
TEL: +1-678-258-4529 / FAX: +1-678-258-4519

North Texas Service Satellite

South Texas Service Satellite
1000, NOLEN DRIVE, SUITE 200 GRAPEVINE, TEXAS 76051, U.S.A.
TEL :+1-817-251-7468 / FAX: +1-817-416-1439

Central Florida Service Satellite

California Service Center
5665 PLAZA DRIVE CYPRESS, CALIFORNIA 90630, U.S.A.
TEL :+1-714-220-4796 / FAX: +1-714-229-3818

Canada Service Center
4229 14TH AVENUE MARKHAM, ONTARIO L3R OJ2, CANADA
TEL: +1-905-475-7728 / FAX: +1-905-475-7935

Mexico Service Center

MARIANO ESCOBEDO NO.69, FRACC INDUSTRIAL, TLALNEPANTLA,
54030, EDO. DE MEXICO,MEXICO

TEL: +52-55-9171-7662 / FAX: +52-55-9171-7649

Monterrey Service Satellite
TEL: +52-81-8365-4171 / FAX: +52-55-9171-4649

Brazil Service Center
ACESSO JOSE SARTORELLI, KM 2.1, CEP 18550-000 BOITUVA-SP, BRAZIL
TEL: +55-15-3363-9900 / FAX: +55-15-3363-9911

Brazil (Caxias) Service Satellite
TEL: +55-15-3363-9900 / FAX: +55-15-3363-9911

EUROPEAN FA Center (MITSUBISHI ELECTRIC EUROPE B.V.)
GOTHAER STRASSE 10, 40880 RATINGEN, GERMANY
TEL: +49-2102-486-1850 / FAX: +49-2102-486-5910

Germany Service Center
GOTHAER STRASSE 10, 40880 RATINGEN, GERMANY
TEL: +49-2102-486-1850 / FAX: +49-2102-486-5910

South Germany Service Center
KURZE STRASSE. 40, 3RD FLOOR, 70794 FILDERSTADT, GERMANY
TEL: +49-711-3270-010 / FAX: +49-711-3270-0141

U.K. Service Center
TRAVELLERS LANE, HATFIELLD, HERTFORDSHIRE AL10 8XB, U.K.
TEL: +44-1707-28-2846 / FAX: +44-1707-27-8992

France Service Center
25, BOULEVARD DES BOUVETS, 92741 NANTERRE CEDEX FRANCE
TEL: +33-1-41-02-83-20 / FAX: +33-1-49-01-07-25

France (Lyon) Service Satel
TEL: +33-1-41-02-83-20 / FAX: +33-1-49-01-07-25

Italy Service Center

VAILE COLLEONI 7-PALAZZO SIRIO CENTRO DIREZIONALE
COLLEANI 20041 AGRATE BRIANZA (M) ITALY

TEL: +39-039-6053-342 / FAX: +39-039-6053-206

Poland Service Center THAILAND FA Center (MITSUBISHI ELECTRIC AUTOMATION (THAILAND) CO., LTD.)
UL SLICZNA 36, 31-444 KRAKOW, POLAND BANG-CHAN INDUSTRIAL ESTATE NO.111, SOI SERITHAI 54,

- +48-12-632-08- - 44812~ ¥ T.KANNAYAO, A, KANN, BANGKOK 10230, THAILAND
TEL: +48-12-632-28-85 / FAX: +48-12-632-47-82 TEL: +66.2006. 8255/FA>< +ee 28063539

Spain Service Satellite Thailand Service Center

CTRA. DE RUBI, 76-80 - APDO. 420, 08190 SANT CUGAT DEL VALLES 896/19 20 21 22 SV. CITY BUILDING OFFICE TOWER 1 FLOOR 7,12,14
(BARCELONA) SPAIN . BANGPONGPANG, YANNAWA, BANGKOK 10120, THAILAND
TEL: +34-935-65-2236 / FAX : +34-935-89-1579 RO BaSsan 0532 Pk ~66-bepo-078

Turkey Service Center
DARULAGEZE CAD. FAMAS IS MERKEZI A BLOCK NO. 43 KAT:2 CHINA FA Center (MITSUBISHI ELECTRIC AUTOMATION (SHANGHAI) LTD. )
China (Shanghai) Service Center

80270 OKMEYDANI ISTANBUL, TURKEY
. apt 4F., ZHI FU PLAZA, NO.80 XIN CHANG ROAD, HUANG PU DISTRICT,
TEL: +90-212-320-1640 / FAX: +90-212-320-1649 SHANGHAI 260333, CHilNA
TEL: +86-21-6120-0808 / FAX: +86-21-6494-0178
Czech Republic Service Center
NEMOCNICNI 12, 702 00 OSTRAVA 2 CZECH REPUBLIC
TEL: +420-596-152-426 / FAX: +420-596-152-112

China (Ningbo) Service Dealer

China (Wuxi) Service Dealer
Russia Service Center

213, B.NOVODMITROVSKAYA STR., 14/ 2 MOSCOW, RUSSIA
TEL: +7-495-748-01-91 / FAX: +7-495-748-01-92

China (Jinan) Service Dealer

China (Beijing) Service Center

9/F, OFFICE TOWER1, HENDERSON CENTER, 18 JANGUOMENNEI
DAJIE, DONGCHENG DISTRICT, BEIJING 100005, CHINA

ASEAN FA Center (MITSUBISHI ELECTRIC ASIA PTE., LTD.) TEL: +86-10-6518-8830 / FAX: +86-10-6518-3907
Singapore Service Center

307 ALEXANDRA ROAD #05-01/02 MITSUBISHI ELECTRIC BUILDING
SINGAPORE 159943

TEL: +65-6473-2308 / FAX: +65-6476-7439

China (Beijing) Service Dealer

China (Tianjin) Service Center
B-2 801/802 vOUYI BUILDING, No.50 YOUYI ROAD. HEXI DISTRICT,
TIANJIN 300061, CHIN,

india Bangalore Offic
FIRST & SECOND FLOOR, AVR BASE, MUNIGIPAL NO,BC-308, T 6 SRR 51015 P +60-22-2013-1017
HENNUR BANAWADI ROAD, HRER RING ROAD, BANGALORE-560043, INDIA China (Shenyang) Service Satellite

TEL: +91-80-4020-1600-698 / FAX: +91-80-4020-1699
China (Chengdu) Service Satellite

China (Chengdu) Service Center
BLOCK B-1. 23/F, CHUAN XIN MANSION, 18 SECTION 2, RENMIN
ROAD SOUTH, CHENGDU, SICHUAN, 610016, CHIN,

TEL: +86-28-8619-9730 / FAX: +86-28-8619-9805

India (PUNE) Service Center
EL-: LOCK, M.1.D.C. BHOSARI, PUNE-411 026, INDIA
-22181/.2184 / FAX: +91-20-2710-2185

TEL: +91-20-271

India (Bangalore) Service Center
TEL: +91-80-4173-2592 / 2564 China (Shenzhen) Service Center
RMO02, UNIT A, 13/F, TIANAN INTERNATIONAL BUILDING, RENMIN
ROAD SOUTH, SHENZHEN 518005, CH!

India (Delhi) Service Center
TEL: +86-755-2515-6691 / FAX: +86-755- 8229 3686

el
TEL: +91-11-2921-6218, 2922-6129
Malaysia (KL) Service Center China (Xiamen) Service Dealer
60 JALAN USJ 10/1B 47620 UEP SUBANG JAYA, SELANGOR DARUL
EHSAN, MALAYSIA
TEL: +60-3-5631-7605 / FAX: +60-3-5631-7636

China (Dongguan) Service Dealer

KOREAN FA Center (MITSUBISHI ELECTRIC AUTOMATION KOREA CO.,LTD.)
N A A ST AT IBANGAR 1. o z(:argassg%l(ﬁqcesgﬁe GANGSEO-GU, SEOUL 157-200 KOREA
g}?[}g/ijlﬁLoAI—’;‘OSRH?ﬂ\?_ﬁvgﬁ\R 1, TAMAN UNGKU TUN AMINAH, 81300 B B A N S E Aoyt

TEL: +60-7-557-8218 / FAX: +60-7-557-3404 Busan Service Satellite
Indonesia Service Center
WISMA NUSANTARA 14TH FLOOR, JL. M.H. THAMRIN 59, JAKARTA TAIWAN FA Center (MITSUBISHI ELECTRIC TAIWAN CO,, LTD.)
10350, INDONESIA &k FA 52T
TEL: +62-21-391-7144 / FAX: +62-21-391-7164 a 1@%5553%51 PE1225R318
TEL: 02-2299-3060 / FAX: 02-2298-1909
Philippines Parts Distribution Center
UNIT No.411, ALABAMG CORPORATE CENTER KM 25. WEST SERVICE Ehaleet ICHD I
ROAD SOUTH SUPERHIGHWAY, ALABAMG MUNTINLUPA METRO
MANILA, PHILIPPINES 1771 TEL: 04-2359-0688 / FAX: 04-2359-0689
TEL: +63-2-807-2416 | FAX: +63-2-807-2417 7 FA ST
SRR R 115218
Vietnam Service Center-1 TEL: 06-313-9600 / FAX: 06-313-7713
47-49 HOANG SA STREET, DAKAO WARD DISTRICT 1,
HO CHI MINH CITY, VIETNAM
TEL: +84-8-910-4763 / FAX: +84-8-910-2593

Vietnam Service Center-2

THUAN KIEU PLAZA 190 HONG BANG ROAD, TOWER C, SUITE 3002
DIST.5, HO CHI MINH CITY, VIETNAM

TEL: +84-8-955-8925 / FAX: +84-8-955-8926

Oceania Service Center

MITSUBISHI ELECTRIC AUSTRALIA PTY,, LTD.

348 VICTORIA ROAD, RYDALMERE, N.S. W. 2116 AUSTRALIA
TEL: +61-2-9684-7269 / FAX: +61-2-9684-7245

MITSU
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